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port pressurization.

Pressurization from other ports is not possible.

Note 1:  The dimensions are same for port sizes of G and NPT 

threads.

AG33-01/02-1 to 2

 AG33/43 Series

Dimensions: AG33 Series

No. Parts name Material

1 Socket C3604 (SUS303) Brass (stainless steel)

2 Coil

3 Core assembly Stainless steel

4 Shading coil Cu (Ag for stainless steel body) Copper (silver for stainless steel body)

5 Plunger Stainless steel

6 Sealant NBR (FKM/EPDM/PTFE) NBR: nitrile rubber

EPDM: ethylene propylene rubber
7 O-ring NBR (FKM/EPDM/PTFE)

(size: AS568-019)

8 Plunger spring SUS304 Stainless steel

9 Body C3771 (SUS303) Brass (stainless steel)
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 Manual operating device (locking)

AG33-01/02-1 to 2-*** A

 Open frame type + conduit

AG33-01/02-1 to 2-*

AG33-01/02-1 to 2- D/E/F/R/L/M/N

AG33-01/02-1 to 2-*

 Mounting plate

AG33-01/02-1 to 2-*** B

AG33-01/02-1 to 2-*AG33-01/02-1 to 2-*

Optional dimensions: AG33 Series

Voltage A B C

AC 20 62 50.5 (50)

DC 21 63.5 52 (51.5)
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