LOCKING DEVICES KBS SERIES
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Order Code KBS13 - 30 x 55 Recommended finishing tolerances of contact

surfaces are: shaft h8 / hub H8
Type ad @D

[ Dimensions |  Sufacepressweon | Scows |
Torque
Inner / Outer @ T L 1 L2 L3 Shaft Hub TA
dxD Nm Pw Pn ISO 4762
mm mm mm mm Nm
N/mm? N/mm?
34 17 22 28 4

310 314 120 5 M6x20 1 0.26
330 3 17 22 | 28 300 120 5 M6x20 14 0.25
380 3 17 22 | 28 295 125 5 M6x20 14 0.25
410 3 17 22 | 28 270 125 5 M6x20 14 0.25
| 24xs50 [PV 3 17 22 | 28 243 120 6 M6x20 14 0.26
| 25x50 RN 3 17 22 | 28 285 140 6 M6x20 14 0.26
| 28x55  [ECN) 3 17 22 | 28 255 130 6 M6x20 14 0.29
BEXEE oo 3 17 22 | 28 235 130 6 M6x20 14 0.30
BEIXE o 3 17 22 | 28 295 155 8 M6x20 14 0.33
BEEE o0 34 17 22 28 270 155 8 M6x20 14 0.34
1140 3 17 22 | 28 250 145 8 M6x20 14 0.35
| 40xes  [JERPIN 34 17 22 28 235 145 8 M6x20 14 0.35
2040 49 20 25 33 310 170 7 M8x25 35 0.60
2180 49 20 25 33 290 170 7 M8x25 35 0.60
2300 49 20 25 33 280 180 7 M8x25 35 0.65
2430 49 20 25 33 260 160 7 M8x25 35 0.65
BEEE oo 4 20 25 33 270 175 8 M8x25 35 0.70
3350 49 20 25 33 245 165 8 M8x25 35 0.75
[ esxos  [EEEICH 49 20 25 33 255 175 9 M8x25 35 0.80
6280 50 24 30 40 280 180 8 M10x30 70 1.55
6680 50 24 30 40 260 170 8 M10x30 70 1.65
7130 50 24 30 40 250 160 8 M10x30 70 1.70
8480 50 24 30 40 260 180 9 M10x30 70 1.85
| 90x130  [EEEIEN 50 24 30 40 250 170 9 M10x30 70 1.90
10580 50 24 30 40 260 180 10 M10x30 70 2.00
| 100x145 [EEEREREN) 56 26 32 44 270 190 8 M12x35 125 2.65
| 1ox1s5  [EERPELN 56 26 32 44 240 180 8 M12x35 125 2.83
| 120x165 [EEERNETY) 56 26 32 44 250 180 9 M12x35 125 3.10
29980 64 34 40 52 240 170 12 M12x35 125 4.60
26980 68 34 40 54 210 150 9 M14x40 190 4.92
32080 68 34 40 54 230 170 10 M14x40 190 5.10
| 1e0x210 [ITETN 68 = 34 40 54 230 170 11 M14x40 190 5.45
44980 78 44 50 64 180 130 12 M14x40 190 7.70
46980 78 44 50 64 170 130 12 M14x40 190 8.00
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